
MAXIMUM
OUTER

DIAMETER
68.00mm
2.677in

1"-32 UN-2A
C-MOUINT

58.00mm
2.283in

68.00mm
2.677in

FOCUS ADJUSTMENT

55.00mm
2.165in

60.00mm
2.362in

IRIS ADJUSTMENT

51.00mm
2.008in

 29.75mm
1.171in

  44.90mm
1.768in

 

 18.05mm
.711in

 

 20.90mm
.823in

  30.59mm
1.204in

 

 20.70mm
.815in

 

 26.94mm
1.060in

 

 4.00mm
.157in

 

OVERALL LENGTH
200.20mm

7.882in

M62x0.75-6H
FILTER

THREAD

16.84mm
.663in

DISTANCE TO FRONT ELEMENT

9.84mm
.387in

FILTER THREAD
9.51mm
.374in

FOCUS LOCKING SCREW*

9.50mm
.374in

IRIS LOCKING SCREW*

55350
1.0X 2/3" GoldTL™ Telecentric Lens

*ALSO INCLUDES RECESSED SET SCREW OPTION
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