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LINEA™ 2 4k Color 5GigE
L2-GC-04k04T-00 Line Scan Camera

5x the Bandwidth of Linea with 5GigE
Take your system to the next level with dazzling performance over 5GigE speeds. 
Trilinear RGB, this is Linea like you’ve never seen it before. 

SPECIFICATIONS

L2-GC-04k04T-00

Resolution 4096 x3 pixels

Line Rate 40 kHz x3 RGB

Pixel Size 7 x7 µm

Interface 5GigE

Data Format 8 or 12 bit

Dynamic Range 71 dB

Full Well 32 ke-

Read Noise 9.5 e-

Power +12 to +24V DC HD15 Connector or 48V POE

Power Dissipation 13 W

Operating Temp -10 to 65̊ C

Camera Size 62 x 62 x 49.3 mm

Camera Weight < 280 g

Optical Interface M42

Control & Data GigE

KEY FEATURES
• 4096 x3 pixel resolution

• 7 x7 µm pixel size

• High speeds over 5GigE

• RGB native colors

• Multiple regions of interest for   
 calibration and data reduction

• 4 programmable coefficient sets

• Programmable I/Os

• Compact form factor

• Precision Time Protocol

• 5GigE, PoE

TYPICAL APPLICATIONS
• Automated optical inspection

• Optical sorting systems

• Materials grading and inspection

• Web inspection 

• Printing inspection

• General purpose machine vision
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